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4_POWER_TX

POWER TX

CONN & POWER_IN

Kelvin Connection

Status LED

V(BR)DS=20V 
Rdson=22mR@VGS=-2.5V
IDmax=7.7A@VGS=-2.5V

placed at IN placed at IN1 placed at IN2

Power-in LED
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4_POWER_RX

Idc=5.5A@delta T=40
Isat=5.6A@delta L=30%

DCR=38mohm

SET fs=2.38MHz

Imax=2.15A

Vref=0.8V

RX Coil: 47uH

POWER RX & RECTIFICATION

DCDC & OUTPUT CONN

Rectification Clamp

Protect

Vin: 3.3-36V

UV: 15V

fn=1/(2*3.14*sqrt(0.014uF*47uH))=196kHz

pad
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原J1
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原J4

Silk: +5V_J1

Silk: +5V_J2

Silk: +5V_J3

Silk: GND_J1

Silk: GND_J2

Silk: GND_J3

负载共5V 200mA 1W
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5V_SW
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5V_FREQ
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